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Hand Knobs
Technopolymer Plastic, Steel Tapped Insert, with Increased Clamping Force

GN 6335.9

1 Handle diameter d1

2 Thread d2

How to order
1 2

GN 6335.9-50-M8

1 2

d1 d2 d3 h1 h2 t
min.

40 
 1.57

M  6 24 
 0.94

27 
 1.06

15.5 
 0.61

14.5 
 0.57

50 
 1.97

M  8 25 
 0.98

34 
 1.34

22.5 
 0.89

15 
 0.59

63 
 2.48

M 10 30 
 1.18

41 
 1.61

26.5 
 1.04

19 
 0.75

80 
 3.15

M 12 35 
 1.38

54 
 2.13

34 
 1.34

28.5 
 1.12

Dimensions in: millimeters - inches

Metric table

GN 6335.9 hand knobs have a clamping contact area which is connected to the knob via an axial  
bearing. This has led to the following advantages:

Doubled clamping force, reduced marking on the clamping area, and a reduced creep factor.

Information

Metric

• Hand knob 
Plastic 
Technopolymer (Polyamide PA)
 - Shock-resistant
 - Black, matte finish

• Bearing insert 
High quality steel
 - Nitrided
 - Blackened finish

• Plastic Characteristics → page 2135
• RoHS compliant

Specification 

• With threaded stud

On request


